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MATERIALS & FINISHES
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BODY: BRASS . 375 REF ' 635
PLATED: SEE TABLE ) 5500
CONTACT: BERYLLIUM COPPER 0.51 4750
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73251-1354 TAPE & REEL (400 PCS / REEL) BODY NICKEL
73251-1353 TRAY PACK / BODY NICKEL
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075:002 >4 T = 73251-1352 ONE PIECE 73251-1350 PER BAG / BODY GOLD
73251-1351 TAPE & REEL (400 PCS / REEL) / BODY GOLD
73251-1350 TRAY PACK / BODY GOLD
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