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NOTE:
1.Material: FLEX 35.9mm = 15.9mm
2.Ni&Au plating in the solder pad area:
Ni: MIN. Tum, Au: MIN. 0.1 um THICKNESS
3.COVER COAT: BLACK.
4. THE DIMENSION WITH MARK W NEED TO
DO CPK CONTROL.
35.90:0.10
text print (color: whifte)
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WHEN USE CABLE(OOMM), XXXX=0011
WHEN USE CABLE(S0MM), XXXX=1011;
WHEN USE CABLE(ZOOMM), XXXX=2011
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