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/N COORDINATE DIMENSION APPLIES FROM CENTER
OF ACTUAL FEATURE.
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-3.50 MAX CHE-KUNE SERETT: -TE TE Connectivity
HOLE LAYOUT A DIMENSIONS: TOLERANCES UNLESS ASD'KUNE
. OTHERWISE SPECIFIED: S KLINE 03-30—-95 | NAME
N S KLINE_ HEADER ASSEMBLY, VERTICAL,
A 1 PLC + - o KEYLESS, 5mm (¢, 5 POSN,
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