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8 INCHES AND FOR CUSTOMER REFERANCE ONLY. 3 jmjo— O: Dmx
7 UNLESS OTHERWISE SPECIFIED DRAWN G.R.S. O@\MU\OM U
TOLERANCES FOR MILLIMETERS ARE:
6 0.5 — 8mm * 0.20mm | CHECKED
5 8 — 30mm + 0.40mm PART DESCRIPTION
30 — 120mm £ 0.50mm ISSUED
4 N 50ohm MALE TO F 750hm MALE ADAPTER
UNLESS OTHERWISE SPECIFIED
3 CONTACT PIN BRASS GOLD TOLERANCES FOR INCHES ARE: SHEET 1 OF 1
2 INSULATOR TEFLON NATURAL .020 = 315 = £ o.oad PART NO.
315 — 1.180 = £ 0.015
1 BODY BRASS NICKEL 1.180 — 4.724 = + 0.020" 242157
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