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LOOSE PIECE Q9 TAPE MOUNTED INSULATION |CODE STRIPE "A" 'B" MWID | "'L"MAX.| "H”
MATERIAL NO.|ENG'G P/N |[MATERIAL NO.JENGG P/N | COLOR (REF) |COLOR (REF) AWG. MIN. DIA.| AWG. | MIN. DIA. () £.03/0.8
191540022 BA-631X 191540057 BA-63IXT BLUE RED 22-18 |.065/1.65| 16-141.088/2.24 |.17/43 |.08/27.4| .42/10.7
191540035 CB-646X 191540036 CB-646XT YELLOW BLUE le-14 |.091/2.31| 12-10 | 137/3.48 |.26/6.6 |.30/33.0| .35/8.5
191540044 DC-654X - RED YELLOW 2-10 |.138 /3.50| #8 |.165 /419 | 33/8.4 |I.50/38.1 -
191540047 ED-662X - BLUE RED #8 15 /444 Fe 222 /5.64 (.43 /109 |1.84/46.7 -
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1. MATERIALS: o
SPLICE: MATTE-TIN PLATED COPPER
INSULATION: PVC, COLOR PER CHART — |
2. MWID = MAXIMUM WIRE INSULATION WIRE DIAMETER SALES DRAWING
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