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A CHANGE PART STATUS TO ACTIVE EC-1003034 |isut20t0 | TR | KZ

. MATERIAL:
HOUSING: BLACK, THERMOPLASTIC, RATED UL 94V-0.
SHIELD: COPPER ALLOY WITH NICKEL PLATING.
CONTACTS: PHOSPHER BRONZE.
CONTACT PLATING: 0.05pum MIN GOLD OVER
0.76um MIN PALLADIUM-NICKEL, AT MATING
INTERFACE CONTACT AREA.

ZL TE LOGO, PART NUMBER, DATE CODE AND
COUNTRY OF ORIGIN, SHOWN APPROXIMATE AREA.

3. LED IS DRIVEN WITH CURRENT AT APPROX 20 mA 2\ b
DOMINANT WAVELENGTH (XD): GREEN 573 am TYP AT IF=20mA
FORWARD VOLTAGE (VF): GREEN 2.0V TYP at [F=20mA S <§£§§>
DOMINANT WAVELENGTH (XD): RED 624 nm TYP AT [F=20mA
FORWARD VOLTAGE (VF): RED 2.0V TYP at [F=20mA
DOMINANT WAVELENGTH (AD): YELLOW 589 nm TYP AT IF=20mA
FORWARD VOLTAGE (VF): YELLOW 2.0V TYP ot IF=20mA

4. RECOMMENDED MIN PCB THICKNESS [|.5mm (.062")
ZL DATUM AND BASIC DIMENSION ESTABLISHED BY CUSTOMER.
ZL FOR HOLE SIZE AND PLATINGS, SEE SHEET 4.

7. -APPLICATION 10/100/1000 BASE-T

- IMPEDANCE 100 OHMS

-PERFORMANCE :
ALL PAIRS ARE BI-DIRECTIONAL
TIA-568-C.2 CATEGORY SE COMPLIANT
INSERTION LOSS:
|<F<6.3MHZ = .01dB (MAX)
6.3<F<IOOMHZ = .04X SQRT(F)dB (MAX)

RETURN LOSS:

| <F<31.5MHZ = 30dB (MIN) X ($0.79) 5
31.5<F<100MHZ = 20-(20XLOG(F/100))dB (MIN) -
NEXT LOSS: [@[20. 5@ [2[xO Y] AN
|<F <7.9MHZ = 65dB (MIN) . \ |
7.9<F<I00MHZ = 43-(20XLOG(F/100))dB (MIN) \)
FEXT LOSS: >
| <F<3.2MHZ = 65dB (MIN) . ,
3.2<F<I00MHZ = 35.1-(20XLOG(F/100))dB (MAX) N
~ISOLATION VOLTAGE: 2250VDC(MAX) FOR 60 SECONDS WITH SECTION U-U -
A RISE TIME OF 500V/SEC. SCALE 50
SEE DETAIL H
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PLATING = - =—0.025-0.050 PLATING =~ — —=—0.025-0.050
(SEE TABLE) COPPER PLATING (SEE TABLE) COPPER PLATING
(MAX HARDNESS 150 KNOOP) (MAX HARDNESS 150 KNOOP)
0.68-0.72 o125-1.175
DRILLED HOLE DIAMETER DRILLED HOLE DIAMETER
RECOMMENDED HOLE DIMENSIONS RECOMMENDED HOLE DIMENSIONS
FOR SIGNAL CONTACTS FOR SHIELD PINS
THICKNESS PLATING
0.004-0.010 HOT AIR SOLDER LEVELING (HASL) TIN-LEAD (Sn Pb)
0.0005-0.001 IMMERSION TIN (Sn)
0.0002-0.0005 ORGANIC SOLDERABILITY PRESERVATIVE (OSP)
0.0001-0.0005 Ay, 0.004-0.0076 Ni IMMERSITON GOLD (Au) OVER NICKEL (Ni) (ENIG)
0.010-0.025 TIN LEAD PLATING (Sn Pb)
0.0001-0.00015 IMMERSION SILVER (Ag)
08APR2008 = Tyco Elecironics
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