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ﬁ CABLE USED WITHOUT SPACER
A CABLE USED WITH SPACER
3. SEE INSTRUCTION SHEET 408—9021
D 4. PARTS PACKAGED UNASSEMBLED D
A USE WITH PRO—CRIMPER 354940—1.
A SPECIAL PACKAGING: INDIVIDUALLY PACKAGED
IN PRE—PRINTED BAG WITH SPECIAL GRAPHICS
Oeo ﬁ BULK KIT PACKAGING 25 PIECES
BULK KIT PACKAGING 100 PIECES
D14.53 MAX—
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C [1.320] C
RECOMMENDED STRIP LENGTH
B B
JIS CABLE 3D—2V ’ 541 [.213] 1.73 [.068] 58436—1 FIG 1 — — 8—221132—9 1-222246—6 9—413636—3 3—-5221128—1
BELDEN 9907, 89907 & RG—141/U 5 541 [.213] 1.73 [.068] 58436—1 FIG 7 — — 9-221132-0 1—222246—6 9—-413636—0 2—5221128-7
— RG—179/U, 187 /U A 4.52 [.178] 1.73 [.068] 58436—23 FIG 1 227194—1 — 9—413658—0 1—222246—3 9—413636—2 2-5221128-3 |—
RG—174/U, 188/U, 316/U A 4.52 [.178] 1.73 [.068] 58436—23 FIG 1 227194 —1 — 9—413658—0 1—222246—0 9—413636—2 2-5221128—1
N OBSOLETE|RG—59 /U, 59A/U, 59B/U A 6.48 [.255] 1.73 [.068] 58436—1 FIG 1 — 227423—1 9—221132—1 222246—6 9—413636—1 1 5221428 3
BELDEN 9266 A 6.48 [.255] 1.73 [.068] 58436—1 FIG 1 — — 9—221132—1 2222462 9—413636—1 1-5221128—7
/ANRG—62/U, 62A/U, 628/U A 6.48 [.255] 1.73 [.068] FIG 2
NRG_ 507U 59A/U 535/U : 548 [ 255] >3 [068] 58436—1 == 227423—1 9—221132—1 222246—4 9—413636—1 1-5221128—1
RG—58/U, 58A/U, 58B/U, 58C/U A 5.41 [.213] 1.73 [.068] 58436—1 FIG 1 — — 9-221132-0 2222462 9—413636—0 1-5221128-0
/ANRG—62/U, 62A/U, 628/U A 6.48 [.255] 1.73 [.068] FIG 2
NRG_ 507U 59A/U 535/U : 548 [ 255] >3 [068] 58436—1 == 227423—1 9—221132—1 222246—4 9—413636—1 5221128=2
RG—58/U, 58A/U, 58B/U, 58C/U A 5.41 [.213] 1.73 [.068] 58436—1 FIG 1 — — 9-221132-0 2222462 9—413636—0 5221128—1
FERRULE CONTACT CONTACT, PLUG
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DIMENSIONS: TOLERANCES UNLESS J. HAVENER
am [INCHES] OTHERWISE SPECIFIED: AP\\J/[.) LIPPERT 21APR2005 | NAME
oRe - PrORHET PR PLUG, COMMERCIAL BNC
{g$§> EEEE 2 PLC + 0.41 [.016] _
3 PLC + _ APPLICATION SPEC
4 PLC + - SIZE CAGE CODE | DRAWING NO RESTRICTED TO
ANGLES + - *
MATERIAL . FINISH . WEIGHT B A W 00779 @':'522W 128 L
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