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/A MATERIAL:

2. CONTACTS ACCEPT 22 AWG WIRE WITH

CONNECTOR—NYLON UL94V—-0 (BLACK)
CONTACTS—0.30 [.012] THICK COPPER ALLOY
BRIGHT TIN—LEAD 0.00203 [.000080] MIN THICK FOR CONTACTS

644085—2 THRU

1—0644083—95

MATTE WHISKER MITIGATED TIN PLATE 0.00203 [.000080] MIN THICK

OVER 0.00076 [.000030] MIN THICK NICKEL FOR CONTACTS

5—06440833—2 THRU 4—06440835—95

INSULATION DIAMETER.

1.52 [.060] MAX

3. CONTACTS MUST ACCEPT 0.64+0.03 [.025+.001] SQUARE

POST AND REMAIN LOCKED
IDENTIFICATION NUMBER FOR LAST CIRCUIT MAY

IN POSIT

NOT APPEAR ON ALL ASSEMBLIES.

5. DIMENSIONS

IN BRACKETS ARE IN

|ON.

INCHES.

6. HOUSING FEATURES ARE: CLOSED END WITH

LOCKING RAMP AND WITH POLARIZING TAB.

ﬁ OBSOLETE PARTS: OBSOLETE CIS STREAMLINING PER D.RENAUD/D.SINISI
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