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@ COPYRIGHT 2006 BY TYCO FLECTRONICS CORPORATION. ALL INTERNATIONAL RIGHTS RESERVED. A ‘ - 2 B DESCRIPTION OATE SWN TPVD
PN 3-6 AS SHOWN PN 1-3, 2-3 AS SHOWN ~ | SEE SHEET 1 - _ |-
PN 1=, 2-1 AS SHOWN PN 0-1 W ITHOUT LOGO

PN 1-6, 2-6 WITHOUT PG1.STO

Notes
1 SUITABLE HOUSINGS: SERIES HD .64
7 VARNISH ON THE INSIDE NOT NECESSARY

3 STANDARDS:
DIN EN 61984, DIN EN 60664-1

L PACKAGING:
QUANTITY: 5 PIECES IN A CARTON

PN 2-7 AS SHOWN PN 1-7 AS SHOWN

1 HD Hood Aluminium Grey | 12 [Without TE-indication
1 HD-K Hood Aluminium Aluminium oxide|Black | 11 |Addifonal STO0.1.1106
1 /B-Cenfral clip Dolf|Stainless steel 10
1 /B-Cenfral clip bolt|Steel /int plafed Blue 9
7 LB-Clip bolf Stainless steel 8
7 LB-Clip bolf Steel /Zinc plated Blue )
7 VS-Locking clip Stainless sfeel 6
7 VS-Locking clip Steel /inc plafed Blue 5
A A VS-CLip bolt Stainless sfeel A
L |VS-Clip bolf Steel /inc plafed Blue 3
1 1 1 1 HD-K Hood Aluminium Aluminium oxide|Black | 2
1 1 1 1 |HD Hood Aluminium Grey 1
0-113-612-3{1-312-T|1-T712-11-1|2-6|1-6 DESCRIPTION MATERTAL SURFACE COLOR ‘LEM REMARKS
ORDERING TEXT
HD.64.STS.1.729.G
HDO-K.64L.STS.1.29.G
HD .64 .STS-VS.1.29.0
HD-K.6L.STS-VS.1.729.6
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