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- SEE SHEET 1 — — —
URETHANE CUSHION
(2 PLACES) N
1. MATERIAL:
D
D AR CAP SHEET 1.7 TRAY: PVC
(4 PLACES) 1.2 SHIPPING CARTON: CORRUGATED FIBERBOARD
2. DIMENSION:
1APL 2.1 TRAY: L=32.0X23.0X1.89 CM
(4 PLACES) - Cover 2.2 SHIPPING CARTON: L=36.1X24.5X27.2 CM
o 3. QUANTITY:
> 3.7 PRIMARY PACKING: 80 PCS/TRAY
3.2 SECONARY PACKING: 10 TRAY/CARTON(800PCS)
| 4. WEIGHT:
4.1 NET WEIGHT: 9.54 Kg
% :1, \ Tray 4.2 GROSS WEIGHT: 11.54 Kg
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