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CONTACT AREA

TYPICAL

TE CONNECTIVITY PRODUCT SPECIFICATION 108-1957: BASED ON
A A A A A A A A A A TELCORDIA GR-1217-CORE., APPLICATIONS IN UNCONTROLLED ENVIRONMENTS.
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/A REFERENCE APPLICATION SPEC 114-13020 FOR
RECOMMENDED PLATED THRU HOLE DIAMETER AND
DETALL M PLATING THICKNESS.

SCALE 120 /N DATUM AND BASIC DIMENS ON
CSTABL ISHED BY CUSTOMER.

T 24,94 /AN SEATING HEIGHT TO BOARD SURFACE.

/N CONTACT AREA LUBRICATED WITH BELLCORE
295.438 APROVED LUBRICANT. TECHNICAL REFERENCE:
GR-1217-CORE, ISSUE [, NOVEMBER 1995.
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— i /N CONTACT MATING AREA MEETS THE PERFORMANCE REQUIREMENTS OF

LCP-GF3(0«
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