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OBSOLETE STANDARD NO 3.810.150] DIA HOLE A N\ 206306—8—
DETAIL B 5 SMALL PACK NO 3.81[.150] DIA HOLE A 2063206—6
STANDARD NO 4—40 THREADED INSERT A 206306—5
STANDARD YES — B 206306—4
STANDARD YES 3.81[.150] DIA HOLE A 206306—23
STANDARD NO — B 206306—2
1 CAVITY IDENTIFICATION ON FRONT AND REAR FACE. STANDARD NO 3.81[.150] DIA HOLE . 063061
A 2 WILL ACCEPT THIRTY—SEVEN (37) MULTIMATE SOCKET CONTACTS. PACKAGING PERIPHERAL SEAL C SEE DETAIL PART NUMBER A
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A NYLON 6/6, NATURAL. MM INCHES ] A.FRANTUM RECEPTACLE HOUSING, REVERSE
TR x o PRODWU%;PTWOMZL SEX, SHELL SIZE 23, CPC
A OBSOLETE PARTS: OBSOLETE CIS STREAMLINING PER D.RENAUD/D.SINISI @Eiité O oS eAToN SPEC
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