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A MATERIAL: AN ASTERISK ,,X”° DENOTES A CONTACT.
—~HOUSING:  THERMOPL.POLYESTER
COLOUR : GREY OBSOLETE SEE NOTE /5 SEE NOTE /4 | JT5BeS-e——
—CONTACTS: PHOSPHORBRONZE OBSOLETE SEE NOTE /) SEE NOTE /4 | 2T5ee5-—8——
A PLATING CONTACT : OBSOLETE SEE NOTE /) SEE NOTE /j | OTSeeS—A——
—1 : 1,25 um Au OVER 1,25 um Ni AT SEE NOTE /) SEE NOTE /j 215605—4
CONNECTOR MATING SIDE.
2,54 um Sn OVER 1,25 um Ni AT ACTION—PIN AREA. SEE NOTE /% SEE NOTE /4 215605—1
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-7 2,0 Mm Au OVER 1,25 HUm Ni AT OTHERWISE SPECIFIED: APVD — | NAME
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2,54 pm Sn OVER 1,25 um Nit AT ACTION—PIN AREA. P PC - B 96 POS. DIN 41612 TYPE C—MALE CONN.
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