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Listed
WIRE RANGE !
16—14 AWG 16—14 AWG
STRANDED STRANDED

~——— 43.0 [1.693] MAX ———= 1 TUBING MATERIAL: CROSS—LINKED POLYMER
9.0 [.354] WITH MELT LINER: COLOR, BLUE: BLACK INK
O L - - | 9.0 [.354] LEGEND 1/16 MIN; HEIGHT, ONE FULL
MIN APPEARANCE MIN.
N Va — 2 TEMP RATING —65F TO 257°F
EXPANDED |.D AMP 16—14 AMP 16—14 AMP 16—14 §_55°C TO 125°C :I

\ S - 3 SHIPPING WEIGHT .004 LBS EACH
4 VOLTAGE RATING: 600 V MAX
( 1000 V MAX FIXTURES & SIGNS )
COPPER SPLICE
A MATERIAL & FINISH ; BODY — COPPER, TIN PLATED

SLEEVE — NYLON
HEAT SHRINKABLE
TUBING

1000 521 [.205] 2.16 [.085] 6035033
EXPANDED RECOVERED
PACKAGE
TYPE [.D. MIN I.D. MAX PART NO.
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5 bLe L S oTUCT SPEC PRE—INSULATED SEALED SPLICE
1 PLC + - - WIRE SIZE: 16—14 AWG
<$> E 2 PLC + -
3 PLC +0.13 [.005] APPLICATION SPEC —
4 PLC + - SIZE CAGE CODE | DRAWING NO RESTRICTED TO
ANGLES + — —
MATERIAL FINISH WEIGHT o AB 00779 @D 6@55@3 o
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