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PLUG RECEPTACLE
LEGEND
PART NO.[ ENG. NO. PART NO.| ENG. NO. _
19-09-2038 3191-3P 19-03- 1039 3191-3R| 319 |‘3***7*;‘;
19-09-2039 3191-3P1 19-09- 1036 3191-3R1-20 CIRCUIT SIZE
19-09-2037 3191-3P-201 19-09-3030 3191-3RIRD OBSOLETE b - PLLG
19-09-2036 3191-3P1-201 19-09-5039 3191-3R1-2 R = RECEPTACLE
19-09- 1038 3191-3P IRD OBSOLETE
I9-09-3032 3191-3PRD OBSOLETE EARS: BLANK = WITH PREBENT EARS
I3-09-3035__| 3191-3PBU . wIaUH%UOTNLEY;RS
COLOR: BLANK = NATURAL COLOR
NOTES: AM=AMBER  BK=BLACK  BU=BLUE
1. MATERIAL: SEE LEGEND - - :
2. FINISH: NONE BN=BROWN GY=GRAY GN=GREEN
3. PRODUCT SPECIFICATION: PS-02-08 OR=ORANGE ~RD=RED YW=YELLOW
4. PACKAGING SPECIFICATION: PK-3191-001 COLORS AVAILABLE ONLY IN 94V-2 MATERIAL
5. PARTS CONFORM TO CLASS B REQUIREMENTS
OF COSMETIC SPECIFICATION PS-45499-002. UATERIAL
: BLANK=NYLON TYPE 6/6,34V-2
2 = NYLON TYPE PA66, 94V-0
201=NYLON TYPE 6/6, 94V-0
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