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MATERIAL |ALTERNATE |STUD 'S e . .
NUMBER NUMBER | SIZE | £.005/(0.13) | +.010/(0.25) ¢ L PACKAGING
191980010 | BR-807-04 4 J19/(3.02) | .245/(6.22) | .209/(5.31) |.805/(20.45)
Fl 191980012 | BB-307-06 6 J46/(3.70) | .245/(6.22) | .209/(5.31) |.805/(20.45)
191980014 | BB-824-04 4 J19/(3.02) | .295/(7.49) | 211/(5.36) |.804/(20.42)
191980016 | BB-824-06 6 J46/(3.70 | .295/(7.49) | .211/(5.36) |.804/(20.42)| LOOSE
191980019 | BB-824-08 8 173/(4.39) | .295/(7.49) | .211/(5.36) |.804/(20.42)| PIECE )
191980021 | BB-827-06 6 J146/(3.70 | .362/(9.19) | .269/(6.83) |.927/(23.55) b ] ]
191980023 | BR-827-08 8 L73/(4.39) | .388/(9.85) | .269/(6.83)|.927/(23.55)
191980025 | BB-827-10 10 | .198/(5.03) | .388/(9.85) | .269/(6.83) |.927/(23.55)
£l 19198001 BR-807-04T| 4 L19/(3.02) | .245/(6.22) | .209/(5.31) |.805/(20.45) =98
191980013 | BB-807-06T| 6 46/(3.70) | .245/(6.22) | .209/(5.31) |.805/(20.45) 24.9
191980015 | BB-824-04T | 4 L19/(3.02) | .295/(7.49) | .211/(5.36) |.804/(20.42) R
191980018 | BB-824-06T| 6 146/(3.7D | .295/(7.49) | .211/(5.36) |.804/(20.42)| \ioUNTED
191980020 | BB-824-08T| 8 J73/(4.39) | .295/(7.49) | .211/(5.36) |.804/(20.42)
191980022 | BB-827-06T| 6 | .146/(3.70 | .362/(9.19) | .269/(6.83)|.927/(23.55) / | . . . ;
191980024 | BB-827-08T| 8 L173/(4.39) | .388/(9.85) | .269/(6.83) |.927/(23.55)
0| 191980026 | BB-827-16T | 10 | .198/(5.03) | .388/(9.85) | .269/(6.83)|.927/(23.55) PARTS ON TAPE
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