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i o OBSOLETE | PIN HEADER, 725 POS., STUD W ITH THREAD M3 L-1740199-7 L-1740199-5
OBSOLETE | PIN HEADER, 25 POS., BRRACKET WITH THREAD M3 7-1740199-7 7-1740199-5
PIN HEADER, 25 POS., STUD W ITH THREAD UNC 4-40 3-1740199-7 3-1740199-5
PIN HEADER, 25 POS., BRACKET W ITH THREAD UNCL-40 1-1740199-7 1-1740199-5
OBSOLETE | PIN HEADER, 25 POS., BRACKET W ITH HOLE @3.1 0-1740199-7 0-1740199-5
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REMARKS:
A CONTACT AREA: min. 0.8 um Au OVER 1.27 um NI,
SOLDER AREA: 3-5 um Sn OVER min. 1.27 um Ni
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REMARKS:
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' COVER TAPE W ITH BLISTER BELT WELDED OR PASTED
2 BLISTER BELT, COVER AND TAPE ACC. TO DIN/IEC 286 PART 3
3 FIRST AND LAST RUNNING OF THE CARRIER TAPE

ACC. TO DIN/IEC 286 PART 3

b 6.4m BLISTERBELT AND 6.5m COVER TAPE, 200 LOOSE PIECE PARTS
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DIRECTION OFF TOP OF THE REEL
—

ABW ICKELRICHTUNG

' ABDECKBAND MIT BLISTERGURT VERSCHWEISST ODER VERKLEBT

2 BLISTERGURT, ABDECKBAND UND REEL NACH DIN/IEC 286 TEIL 3
3 VOR- UND NACHLAUF AM BLISTERGURT NACH DIN/IEC 286 TEIL 3
b 6.4m BLISTERGURT UND 6.5m ABDECKBAND, 200 EINZELTEILE
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L1200 B B ~|SUB-D PIN HEADER, 25 POS., STUD M3 B B
SUB-D STIFTSTECKER, 25 POL., BOLZEN M3
I _ 200 - _|SUB-D PIN HEADER, 25 POS., STUD UNCL-LO - _
SUB-D STIFTSTECKER, 25 POL., BOLZEN UNC4-40
I, - _ 1200 - _ |SUBR-D PIN HEADER, 25 POS., M3 B B
SUB-D STIFTSTECKER, 25 POL., M3
I - - _ |200| - |SUB-D PIN HEADER, 25 POS., UNC4-40 - B
W7AOW99 SUB-D STIFTSTECKER, 25 POL., UNCL-40
I, ~ - - _ |200 |SUB-D PIN HEADER, 25 POS. B B
SUB-D STIFTSTECKER, 25 POL.
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