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L }§ L SHELL Steel, 2.5um (100u”) min tin over 1.25um (50u”) min nickel
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i 13 CONTACT :  Copper alloy
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C ELECTRICAL : Voltage rating : 1000 V RMS at 50 Hz
} 1.2 Current rating 7.5A.
o [ OC% 7 Insulation resistance >5000 M Ohms
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77DF: tinned shell
for receptacle
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Right angle
connector:
Furopean footprint
Without bracket:
TAON=X=2.54mm

Contact type:
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