5.84 +0.05

NOTE
x Current rating  3A MAX
x Contact resistance  4m&@ MAX

x Average inserfion force less than 60gf (steel pin diameter ¢0.38mm
x Average withdrawal force over 1ogf (steel pin diameter ¢0.38mm)

x Mechanical life cycle 200 (min)
% Available lead diameter ¢0.35mm~¢0.48mm
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