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ITEM NUMBER MATERIAL COLOR
1.630£.006
(41.40£0.15) 43680-2005 NYLON 66, UL94V-0 BLACK
o .510£.007 43680-1005 NYLON PAG66, UL94V-2 NATURAL (TRANSLUCENT)
(38.35£0.18)
(MEASURE @ DATUM H) CIRCUIT | 43680-3005 NYLON, UL94V-2. IEC 60335-1 BLACK
GLOW-WIRE CAPABLE

=

NOTE:

MATERIAL: SEE CHART.
. FINISH: NONE.
. PRODUCT SPECIFICATION: PSX-44441-9999.
0335006 . PACKAGING: PK-43680-007.
20297000 . THIS CONNECTOR HOUSING FOR USE WITH 43178-xxxx TERMINALS.
(0.84+0.15) . THIS CONNECTOR HOUSING WILL MATE TO 43335-xxx5, 43179-xxx5
I o AND 444 471-xxx5 HOUSINGS.
(28.970.15) 7. PARTS CONFORM TO CLASS B REQUIREMENTS OF COSMETIC SPEC PS-45499-002.
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LOCKING NUB IS LOCATED HERE
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