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RP1025  Sealed enclosure
Size: 65 x 60 x 40 mm.
Material:  ABS UL-94V0 
IP Rate: IP65 (IEC40529)
Hardware: 
1, Stainless Fixing Screw x 4 pcs.
2, EPDM Gasket x 1.
3, PCB Mounting Screw  x 2 pcs.
OPTION:
1, RP1025C - PC clear Top Lid.
2, Mounting Feet - accessories for 
wall mounting.
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