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MATERIAL| OLD PART
NUMBER | NUMBER
120091-0003 NO3FA04124
120091-0009 NO4FA04124 3 POLE FEMALE FACE VIEW
-— 1.09/27.6 REF, —
L POLE FEMALE FACE VIEW
.46/11.6 REF,
| =) 91/23.0 REF.

14-.20/3.5-5.0
VOLTAGE RATING 60 VAC/ 75 VDC
AMPERAGE RATING 4 AMPS
PROTECTION IP67
OPERATING TEMPERATURE 0°C 10 80°C
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