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- DIM. € — RECOMMENDED PANEL OPENING DEMENSIONS
RECOMMENDED PANEL OPENING DEMENSTONS FOR CAP HOUSING 23 POSITION
DIM.B FOR  CAP HOUSING 2*6 AND 2*5 AND 2x4 POSITIONS (TOLERANCE: £0.15mm)
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NON-METALLIC MATERIAL SUPPORTING A CURRENT-CARRYING CONNECTION
(r g > N) DETAILED IN ITEC 60335-1, SECTION 30 (GWT),UL 94V-0
ol LEVEL B: PBT,HOT WIRE IGNITION (HWI) VERSION ARE MOLDED IN
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L 5. RECOMMENDED PANEL THICKNESS:1.0~2.0mm
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