RECOMMENDED MOUNTING

P5-89675-1030

ELECTRO/MECH PERFORM

SPECIFICATION

DESCRIPTION

TORQUE: 0.56 N-m (5.0 IN-LBS)
PANEL THICKNESS: 5.5 (.217) MAX
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RECOMMENDED PCB LAYOUT
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GENERAL TOLERANCES DIMENSION STYLE SCALE DESIGN UNITS HRD ANGLE
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