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NOTES:
1. MATERIALS:
1.1 CONNECTOR:-
F INSERT MOLD HOUSING: LCP, GLASS FILLED, UL94V-0,
COLOUR BLACK.
TERMINAL: COPPER ALLOY.
9.92 2. PLATING FINISHES:
] | 2.1 TERMINAL:-
3.92 CONTACT: 0.50um MIN. GOLD ON CONTACT AREA OVER 1.27um MIN.
NICKEL UNDERPLATE.
SOLDERTAIL: 2.00um MIN. MATT TIN OVER 1.27um MIN. NICKEL
/B\058:01 (6X) - UNDERPLATE.
E : CONTACT HEIGHT 3. PRODUCT SPECIFICATION:  PS-151059-0001
g‘g‘ 3 J-I . PACKAGING SPECIFICATION: PK-151059-0001
/ < OVERALL SOLDERTAIL COPLANARITY 0.08MM MAX.
| | BEFORE REFLOW.
_ 1 6. COMPLIANT TO RoHS DIRECTIVE 2011/65/EU & ELV
DIRECTIVE 2000/53/EC.
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