. 23.76 in
[ 604 mm ]

USABLE DEPTH
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SECTION A-A

L.S. VIEW

P

TOP VIEW

21.00 in

[533 mm]

18.35in

[ 466 mm 1
19" MTG

17.81in

[ 452 mm]

N OPENING

.28 in e

7mm]

Eosc0000005 600

10.56 in
[268 mm]

(6U)

FRONT VIEW

BOTTOM VIEW

ISOMETRIC
24.50 in
[622 mm]
12.50 in
[318 mm]
R.S. VIEW
Item Title Quantity
Number

1 RCBS - BOTTOM

RCBS - TOP & SIDES

ENI S

2
3 BLACK PLASTIC HANDLE
4 PLUG BUMPER

PART NUMBERS

IRCBS1901024BK1 [PAINTED BLACK TEXTURED

RCBS1901024CG1 [PAINTED CONT. GRAY TEXTURED

RCBS1901024LG1 [ PAINTED RAL7035 TEXTURED

NOTES

Shipped with a starter pack of 10-32 clip nuts and matching quantity

1421ABK black screws.

Francais

Pour tous les détails sur nos produits,
svp veuillez consulter notre site www.hammondnafignc

Data subject to change without notice. Isometric drawing not to scale.
Les données sont sujettes a changement sans préavis.

HAMMOND
MANUFACTURING.

www.hammondmfg.com

PART NO. RCBS1901024




