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STANDARD HOUSING
PART NO. uL COLOR CIRCUIT SIZE |KEY DOPTION DIM B
M CIRCUIT 1 CIRCUIT 1 172256-1004 | V-0 | BLACK 4 KEY A 5.00
172258-1006 V-0 BLACK 6 KEY A 11.50
1722581008 | V-0 | BLACK 8 KEY A 15.00
— 172258-1010 V-0 BLACK 10 KEY A 18.50
172258-1012 V-0 BLACK 12 KEY A 22.00
172258-10% | V-0 | BLACK [ KEY A 2550
L 172258-1016 | V-0 | BLACK 16 KEY A 25.00
H 172258-2004 | V-0 NATURAL 4 KEY B 8.00
172258-2006 | V-0 NATURAL ) KEY B 11.50
— 172258-2008 | V-0 NATURAL 8 KEY B 15.00
DETAL 1 172258-2010 | V-0 | NATURAL 10 KEY B 18.50
SCALE 81 172258-2012 | V-0 | NATURAL 12 KEY B 22.00
K 172258-2014 V-0 NATURAL 14 KEY B 2550
SEE DETAIL 1 172258-2016 | V-0 | NATURAL 16 KEY B 29.00
KEY OFTION - BLACK COLOR KEY OPTION - NATURAL COLOR
— (KEY A) (KEY B)
172258~ 172258-2xxx
J WITH TPA ATTACH FEATURE
CIRCUIT SIZE PART NO. uL COLOR CIRCUIT SIZE |KEY OPTION DIM B
0 - WITHOUT TPA CIRCUIT SIZE 172258-1104 | V-0 BLACK 4 KEY A 8.00
] 1- WITH TPA L 0~ WITHOUT TPA TPA FEATURE 172256-1106_| V-0 | BLACK 6 KEY A 11,50
1 - WITH TPA BOTH SIDES 172258-1108 | V-0 BLACK 8 KEY A 15.00
172258-110_| V-0 | BLACK 10 KEY A 18.50
! 172258-1112 V-0 BLACK 12 KEY A 22.00
= = 172258-1114 V-0 BLACK 14 KEY A 2550
E E E E 172258-116_| V-0 | BLACK 16 KEY A 29.00
| L = 172258-2104 V-0 NATURAL 4 KEY B 8.00
172258-2106 | V-0 | NATURAL 6 KEY B 150
| —— 172258-2108 V-0 NATURAL 8 KEY B 15.00
L — — 172258-2110 V-0 NATURAL 10 KEY B 18.50
= = 172256-2112 | V-0 | NATURAL B KEY B 22.00
172258-211 | V-0 | NATURAL [ KEY B 2550
B -Er.ll: -Er 172258-2116 V-0 NATURAL 16 KEY B 29.00
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