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\M12 B-coded 4-poles, male straight connector M12 B-coded L-poles, female straight connec’ror/
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\J 4.0 to 40 0.2 XXX=002
0.1 fo 3.9 +0.04 0.1 XXX=001
a [m] Tolerance Step a [m] XXX, -
Part no. 21348889AW
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‘ Type of cable XX
- Profection level: P67 c PVC violet, 2xAWG22 XX=86
- Temperafure range: -30°C ... +60°C -
TPE violet, 2xAWG24 XX=87
All Dimensions in mm Scale Free size tol. Ref. |
% Original Size DIN A3 2:1 Sub.
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