DO NOT SCALE I NC H THIRD ANGLE @E
DIMENSIONS IN INCH PROJECTION
14 1314152 |PARTITION Z ok
1 1325261 [CAsE - 20
5 163179-1].250 SRS LINE SPLICE CONN. (WHITE) - 1g
10 9-16504B3-2[1,0-2,5mm? .250 SRS PIDG PIGGY-BACK FASTON 13
10 9-160313-211,0-2,5mm® .250 SRS PIGG FATON REC., - 17
10 185034-0|2,7-6,5mm* PIDG RINGTONGUE 1/4 16
10 130171-01(2,7-6,6mm* PIDG RINGTONGUE M5 15
10 25108-01(2,7-6,5mm* PIDG RINGTONGUF M4 14 °
20 320862-00,25-1,6mm* FLANGED SPADF M4 13
20 130094-0 0, 25-1,6mm® PIDG RINGTONGUE M5 12
20 320565%-010,25-1,6mm* PIDG RINGTONGUE M4 11
20 320619-0{0,25-1,6mm* PIDG RINGTONGUE M3,5 10
20 1657142-0}0,25-1,6mm* PIDG SPADE - g
20 35559-011,0-2,6mn® PIDG SPADE M3,5 g
20 326861-010,25-1,6mnm* PING SPADE M2, b 7
20 31890-0|0,25-1,6mm* PI1DG RINGTONGUE M4 B
20 367150-00,25-1,6am* PIDG RINGTONGUE M3,5 5
20 31880-010,25~1, 6Bmm® PIDG RINGTONGUE M2, B 4
10 24072-012,7-6,6mm* P.G. BUTT-SPLICE - 3
15 34071-011,0-2,8mm® P.G. BUTT-SPLICE - 2
20 34070-01¢,25-1,6mm* P.G. BUTT-SPLICE - 1
Qry NUMBER NAME STUB SIZE ITEM
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