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DIMENSIONS IN mm PROJECTION
e T _ _
—= ; } FOR MINI-APPL ICATOR-CRIMPING.
——— r L | UNDERCOATING: 1, 25um Ni, SELECTIVE:O, 8um Au,
ZONE 1: 0,5um MIN. GOLDFLASH.
0,25 MAX.

UNDERCOATING: 1, 25um Ni, SELECTIVE:O, 8um Au,
REMA INDER : GOLDFLASH.
= UNDERCOATING: 1, 25um Ni, SELECTIVE:O, 4um Au, NO GOLDFLASH.
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MATERIAL : PHOSPHORBRONZE

FOR STANDARD-APPLICATOR—-CRIMPING.
FOR REELFED-HANDTOOL-~-CRIMPING, 500 CONTACTS ON A SMALL REEL.
24-20 AWG (0,20-0,56 mm?> WITH .055 CRIMPER.

26 AWG (0, 12-0,14 mm2> WITH .042 CRIMPER.
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