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ELECTRICAL PROPERTIES
CURRENT RATING 1 AMP
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DWV >500 VRMS AT SEA LEVEL 1. 20 POSITION ASSEMBLY SHOWN.
ENVIRONMENTAL PROPERTIES A HOUSING AND COVER: GLASS REINFORCED POLYESTER, UL94V—0 RATED, COLOR BLUE.
TEMPERATURE RATING —55°C TO 125°C CONTACTS: BERYLLIUM COPPER
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