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A D O O P LTR DESCRIPTION DATE DWN APVD
T2 REVISED PER ECO—-15-004653 30MAR2015 NK MM
A MATERIAL: D
HOUSING: FLAME RETARDANT NYLON, 94V-0,
OR FLAME RETARDANT POLYESTER 94V—O0.
CONTACT: PHOSPHOR BRONZE.
A CONTACT PLATED WITH 0.00076[.000030] GOLD INLAY OVER
0.00076[.OOOOBO] NICKEL IN CONTACT AREA ONLY.
A CONTACT PLATED WITH 0.0015[.OOOOSO] GOLD INLAY OVER
0.0DO76[.OOOO30] NICKEL IN CONTACT AREA ONLY.
A CONTACT PLATED WITH 0.00Z54[.OOO100] TIN/LEAD OVER ALL.
A CONTACT PLATED WITH 0.000BS[.OOOO15] GOLD INLAY OVER
0.00076[.000030] NICKEL IN CONTACT AREA ONLY.
6 HOUSING CUT—0OFF BURR NOT EXCEED O.13[.OO5].
C
/ CONNECTOR MATES WITH 0.61[.024] T0O 0.66[.026] SQUARE
PIN. PIN LENGTH 4.45[.175] MIN. TO 8.38[.330] MAX.
CONTACT PLATED WITH 0.00Z54[.OOO100] MATTE TIN OVER ALL.
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