THIS COPY IS PROVIDED ON A RESTRICTED BASIS AND IS NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.

*PANDUIT A B T WE IGHT
PART IN IN IN LBS
NUMBER (mm ) (mm ) (mm ) (g) /100 FT
TI2F . 125 .218+.047 .030x.006 0.4
(3.2) (5.5+1.2) (0.8+0.2) (181.4)
TIOF . 188 .250%.047 .035+.008 0.6
(4.8) (B.4+1.2) (0.9+0.2) (270.1)
TosF . 250 «375+.047 .040+.008 l.1
(6.4) (9.5+1.2) (1.0+0.2) (498.9)
T38F - 375 «437+.047 .055+.010 2.2
(S.5) (11.1x1.2) (1.4+0.3) (987.9)
TSOF . 500 .500+.047 .060x.016 3.3
(12.7) (12.7+x1.2) (1.5+0.4) (1496.8)
T62F . 625 625+ .047 . 0862+ .020 4.4
(15.9) (15.8+1.2) (1.6+0.5) (1995.8)
T75F . /50 .875+.047 .065+.020 5.6
(18.1) (22.2+1.2) (1.7+0.5) (2539.6)
T100F 1.000 1.125+.047 .070x.020 8.2
(25.4) (28.6+1.2) (1.8+0.5) (3718.7)
NOTES:
NOM I NAL REFERENCE *11 See current price sheet for part

i

Nnumber suff ix designations,

packaoge size and part color.

2) For roll sizes larger than 10 ft.,
splicing may occur. For additional
iNnformation, contact Product
Management at 1-800-777-3300 ext.7432.
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