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PTL PIN CONTACT

AL,

I REFER TO TABLE ON SHEET 3 FOR RECOMMENDED MATING PLUG.

¢ CAN BE SECURED TO THE PLUG WITH OPTIONAL CPA P/N 1971789-1.

FLAMMABTILITY RATED PER UL 94 V-0.

3
Zﬁl LEVEL INDICATOR: PBT = STANDARD TEMP 105°C PBT
HDT = HIGH TEMP 150°C NYLON

PARTS COMPLY WITH SOLDERABILITY SPEC TEC-109-11-11-1.
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Zﬁl THIS PRODUCT HAS NOT COMPLETED VALIDATION TESTING.
Zﬁl DATUM AND BASIC DIMENSTON ESTABLISHED BY CUSTOMER.

Zﬁl FEATURE MAY NOT BE PRESENT ON HIGH TEMP VERSTONS
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ADDITIONAL HOLES FOR 4 AND 5
NOT REQUIRED

POSTTION HEADERS.
[F ONLY 3 POSITION

[S USED.

3 POSITION SHOWN ON PC BOARD,

BOARD NOT SUPPLIED
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SEE SHEET 1
1971773+ 5 25.10 | 33.7 | 31.3 RED B | A\ 2-1969688-5
T34 coppER | NYLON 4 19.10 | 27.7 | 25.3 RED B |4\ 2-1969688-4
971773-3| ARLOT P ISORC sy g | 2107 | 1903 RED 8|\ 2-1969688-3
S1971773- ? 7.10 15,7 13.3 RED B |6\ 2-1969688-2
1971773 5 | 25.10 | 33.7 | 31.3 |LIGHT GREY| A |/\1-1969688-5
1OTTT3 4 coppeg | NYLON 4 19.10 | 27.7 | 25.3 |LIGHT GREY| A |4\ 1-1969688-4
erryra-z] AREOT P IO0C s s g | 2107 | 1903 |LIGHT GREY| A |4\ 1-1969688-3
1971773+ P 710 15 7 | 13.3 |LIGHT GREY| A |/A\1-1969688-7
1971773 5 25.10 | 33.7 | 31.3 NATURAL A 1969688~ 5
19117154 copper| BT 4 19 10 | 27.7 | 25.3 NATURAL A 1969688 -4
e7i773-3| ARLOT 1 T00 0 s s g | 2007 | 1903 | NATURAL | A 1969688 -3
-1971773- ? 7.10 15.7 | 13.3 NATURAL A 1969688-2
MATING CONTACT | HOUSING |NO. OF

SLue | waTeRTaL | mareriac |'pos | DIM P | DIM L | DIM K COLOR KEY PART NUMBER

THIS DRAWING 1S A CONTROLLED DOCUMENT. DWJNR RUTH 05JUNTA p—

o TE Connectivit
DIMENSTONS: TOLERANCES UNLESS- APQDOMINIC FARg)g\‘jEizlj NAVE -—TE Y
- OTHERWISE SPECIFIED: GENEJ ONO ASSEMBLY) HEADER)
R propeT e POWER TRIPLE LOCK,

@ i e PC_BOARD

ANZtE . 1 1 47321 :))6 SIZE CAGE CODE |DRAWING NO RESTRICTED TO
MATERTAL FINISH WEIGHT B AZ _ ©:1969688

SEE TABLE PRE’TIN Cus%omer DV”OW”W(_)] SCALEg. 1 SHEET 3 OF3 REVAB

1471-9 (3/13)




	Sheet 1
	Views
	new_view_1
	left_2
	left_3
	top_4
	new_view_5
	new_view_6


	Sheet 2
	Views
	new_view_7
	new_view_9
	new_view_11
	new_view_14
	new_view_16
	new_view_17
	new_view_18
	new_view_19
	new_view_21
	new_view_22
	new_view_23
	new_view_24
	new_view_25
	new_view_26
	new_view_27
	new_view_28


	Sheet 3
	Views
	new_view_12
	new_view_13



