Electrical

Standard: UL IEC
Rated voltage: 300V 320V
Rated current:  15A 207
Contact resistance: ~ 20me

Withstanding voltage: ~ AC2000V/1Min
Insulation resistance:  500M /DC500V
Mechanical

TempRange:  —40° C+105° C
MAX Soldeting: +250° C, for 5 Sec
Dimensions

Pitch: 5. 00mn, 5. 08mm

Poles: 2P-24P

Material

Housing:  PA66, UL94V-0

Pin header: Brass,Tin plated
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