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1.6mm x 0.8mm PCB CHIP, SURFACE MOUNT LED, 636nm AliInGaP RED, MILKY WHITE DIFFUSED LENS.

*THE SPECIFICATIONS MAY CHANGE AT ANY TIME WITHOUT NOTICE DUE TO NEW MATERIALS OR PRODUCT IMPROVEMENT.**
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