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\
NOTES ‘
1. FOCAL LENGTH =31.8mm \
2. PRODUCT SPECIFICATION: PS-35842-001 <PART LIST> |
3. APPLICABLE BULB CAP: PY21W(BAUTSs) NO.] DESCRIPTION MATERIAL | USAGE | REMARK |
F 4. MATES WITH @ [ SINGLE SOCKET | PA66 MIF | 1 | EC TYPE |
NO.]  DESCRIPTION MATERIAL ORDER NO. | REMARK @ | SEAL GASKET NBR 1 BLACK 1 :
® [ POSITIVE TERMNAL _| PHOSPHOR BRONZE | 35464-8000 | UNPLATED | E
@ [ POSITIVER WIRE SEAL SILICONE 35903-0096 | _BROWN ‘ E
® | EARTH TERMINAL PHOSPHOR BRONZE | 35465-8000 | UNPLATED ! g
— [®]EARTH WIRE SEAL SILICONE 35903-0106 BLUE . ! g GASKET
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| FOR SOCKET
<TABLE 1> |
MATERIAL NO.| ORDER NO. | COLOR |
358431230 35843-1230 | NATURAL'
B 356431235 | 35643-1235 | GRAY | MOUNTING INTERFACE
358431236 | 35843-1236 | WHITE , (MI-1)
356431237 | 358431237 | BROWN
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