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6 PLCS.

(FOR ATTACHING
WALL MOUNT BRKTS.)

ABS, UL?4-HB FLAMMARBILITY RATING AT
CONTINUOUS OPERATING TEMPERATURE OF
-40°C~ +60°C / -40°F~ 140°F

WALL MOUNTING BRACKETS 14 GA.[2.0mm]
STAINLESS STEEL

SCREWS(FOR WALL MTG. BRKTS.)___ STAINLESS STEEL

NOTES:

1) UNIT COMES COMPLETE WITH:
QTY. (6) LARGE WALL MOUNTING BRACKETS &
QTY. (6) M5 x 10mm LG. SELF-TAPPING SCREWS.
(NOT SHOWN)

2) BOXES DESIGNED TO MEET THESE STANDARDS:
NEMA 1,2,4,4X,12,13 AND IEC529-IP66 REQUIREMENTS.

OPTIONAL INTERNAL PANEL: #NBX-10991
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