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NOTE -

MOUNTING HOLES WILL ACCEPT
OF .139 MAX DIA ON 1.000+.002 CENTERS
2- SUITABLE ONLY FOR APPLICATIONS IMPARTING A

RAPID STROKE TO THE SWITCH PLUNGER

PINS OR SCREWS

THIS DRAWING COVERS A PROPRIETARY ITEM AND IS THE PROPERTY OF MICRO SWITCH, A DIVISION OF
HONEYWELL. THIS DRAWING IS NOT TO BE COPIED OR USED WITHOUT THE APPROVAL OF MICRO SWITCH.
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RELEASE FORCE -— ——— ———4 0Z MIN UNDERWRITERS' LAB, INC. LISTED RATING DIMENSIONS ARE I[N INCHES
73— 15A - 125, 250 OR 480 VAC TOLERANCES ARE
1A-125 VDC; 0.5A-250 VDC ONE PLACE LO]  £.030
DIFFERENTIAL TRAVEL - —=—0020-.0055 1/4HP-125 VAC; 1/2HP-250 VAC TWO PLACE (.00} * 0158
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