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D|0005782 1 - TERMINALS ARE PLATED FOR SOLDERING
L 2 - ININSPECTION, DO NOT BURN QUT - GOLD CONTACTS
3 - ININSPECTION, DO NOT EXCEED 10 VDC, .1A RESISTIVE LOAD
4 - INSPECT SWITCH RESISTANCE PER CONTROL PLAN
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