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MiMo without GPS,LOW PRO,2G/3G/4G & 2.4/5.8 GHz
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NOTES:

—

1. ALL PARTS MUST BE RoHS COMPLIANT
AND MUST NOT CONTAIN ANY SUBSTANCES OF
VERY HIGH CONCERN (SVHCs) LISTED UNDER
REACH OR POLYAROMATIC HYDRACARBONS (PAHs)
OR PERSISTENT ORGANIC POLLUTANTS (POPs) CONTROLLED
BY THE STOCKHOLM CONVENTION.
2. WEIGHT 480g(Approx)
3. FOR INSTALLATION INSTRUCTIONS,PLEASE REFER 408-156027
4.0PERATING FREQUENCIES:
CELL FEED 1: 698-960/ 1710-2700 MHz
CELL FEED 2: 698-960 / 1710-2700 MHz
WIFI FEED 3: 2400-2485 / 4900-6000 MHz
WIFI FEED 4: 2400-2485 / 4900-6000 MHz
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PRODUCT SPEC

LTE(2x2)+WLAN(2x2)

APPLICATION SPEC

MiMo without GPS,LOW PRO,2G/3G/4G,2.4/5.8 GHz

SIZE CAGE CODE | DRAWING NO

MATERIAL

FINISH

WEIGHT

A 300779(C=2823597

RESTRICTED TO

SCALE

NTS

SHEET

CUSTOMER DRAWING

1 o1

REV

Al

1470-19  (1/15)




