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number of crimps qﬁgﬁ 2%
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assembly notes see catalog

crimp zone acc. to DIN EN 46235 indicator 8
for stranded fine wire acc. to VDE 0295 class 5/ IEC 60228 class 5
wire gauge: 16mm?

stripping length: 19mm

All component parts are enclosed separately

All Dimensions in mm Scale Free size fol. Ref.
Original Size DIN A4 [ 11 Sub.,
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