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Line No.| Part number Type of cable Length A (m)
1 09 45 452 1500 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack silver 0,15 (+/-0,03)
2 09 45 452 1501 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack silver 0,20 (+/-0,04)
3 09 45 452 1502 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack silver 0,30 (+/-0,06)
4 09 45 452 1503 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack silver 0,40 (+/-0,08)
5 09 45 452 1504 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack silver 0,50 (+/-0,10)
6 09 45 452 1505 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack silver 0,60 (+/-0,12)
7 09 45 452 1506 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack silver 0,70 (+/-0,14)
8 09 45 452 1507 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack silver 0,80 (+/-0,16)
9 09 45 452 1508 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack silver 0,90 (+/-0,18)
10 09 45 452 1509 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack silver 1,0 (+/-0,20)
11 09 45 452 1510 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack silver 1,5 (+/-0,075)
12 09 45 452 1511 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack silver 2,0 (+/-0,10)
13 09 45 452 1512 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack silver 2,5 (+/-0,125)
14 09 45 452 1513 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack silver 3,0 (+/-0,15)
15 09 45 452 1514 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack silver 3,5 (+/-0,175)
16 09 45 452 1515 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack silver 4,0 (+/-0,20)
17 09 45 452 1516 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack silver 5,0 (+/-0,25)
18 09 45 452 1517 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack silver 7,5 (+/-0,375)
19 09 45 452 1518 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack silver 10,0 (+/-0,50)
20
21 09 45 452 1530 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack black 0,15 (+/-0,03)
22 09 45 452 1531 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack black 0,20 (+/-0,04)
23 09 45 452 1532 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack black 0,30 (+/-0,06)
24 09 45 452 1533 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack black 0,40 (+/-0,08)
25 09 45 452 1534 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack black 0,50 (+/-0,10)
26 09 45 452 1535 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack black 0,60 (+/-0,12)
27 09 45 452 1536 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack black 0,70 (+/-0,14)
28 09 45 452 1537 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack black 0,80 (+/-0,16)
29 09 45 452 1538 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack black 0,90 (+/-0,18)
30 09 45 452 1539 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack black 1,0 (+/-0,20)
31 09 45 452 1540 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack black 1,5 (+/-0,075)
32 09 45 452 1541 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack black 2,0 (+/-0,10)
33 09 45 452 1542 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack black 2,5 (+/-0,125)
34 09 45 452 1543 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack black 3,0 (+/-0,15)
35 09 45 452 1544 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack black 3,5 (+/-0,175)
36 09 45 452 1545 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack black 4,0 (+/-0,20)
37 09 45 452 1546 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack black 5,0 (+/-0,25)
38 09 45 452 1547 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack black 7,5 (+/-0,375)
39 09 45 452 1548 | har-port RJ45 IP20 coupler Cat.6 PFT cable jack black 10,0 (+/-0,50)
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