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All Dimensions in mm Scale Free size tol. Ref.
6@% Original Size DIN A3 2:1 Sub.
- Profetfion level; |P67 A All righfs reserved Created by Inspected by Standardisation Date S‘fafe
_ Temper‘afur‘e range: —ZSOE B +80°E HARTING Department - 20 TAMAS AVRAM HOFFMANN 2015-09-11 Final Release
- - Title Doc-Key / ECM-Nr.
M12 A-coded Cable Assembly IS0 008
HARTING Electronics GmbH - — - >
ype umber ev. age
0-32339 Espelkamp TB 213A86004XXXXX E 1/1

2 3 A 5 | 6 | 7 8




