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\7/8” L+PE poles, female straight connector ]
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Loading-Plan: 99 XXX=099
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9.8 XXX=098
black length ,
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ppJreen-yetow 0.3 XXX=003 | |°
L 2 L brown 4.0 to 100 +1% 0.2 XXX=002
o white 0.1 to 3.9 +0.04 0.1 XXX=001
a [m] Tolerance Step a [m] XXX, L
Part no. 213497005.4&,'XXX'
L :
Type of cable XX
PVC grey, 5x1.5mm? XX=97
- Protection level: IP 65/67 ; "
- Temperature range: -25°C ... +80°C PUR black, 5x1.5mm : XX=98 : —
Al Dimensions Tech. Character. Free size tol. According to production drawing }—
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