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Waterproof Rate:|P68.

IP68:IM Depth Of Water In 24hours.

Housing:PABE, ULO4V-0,Black.

Female Pin:Copper Alloy,Gold Plated.

Shield:Zinc Alloy Nickel Plated.

Panel Nut:Zinc Alloy,Nickel Plated

O-Ringl: Viton,Black.

0-Ring2: Viton,Green.

Wire Harness: ULIOIS I6AWG(]. Smm? .

Rated Voltage: 630V AC.

Rated Current of 40°C: [2A.

Operation Temperaluyre: -40-~85T.

For Panel Thickness Max 4. 5mm.

Nut Torque: 4~6 Kgf-em (0.4~0.6N.m).

Wire horness Tolerance; 150~300 = 15mm
301~1000 £20mm
Over 1000 +40mm
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