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REV. ECN NO. DATE SIGN DESCRIPTION
A nitiol Releese| 2015703704 Cary Chonge Rev. 01 to Rev.A
QDL {rom) Q@20.0
10.0

18.0(Hex.)

20.6(Ref.)

MI25-04PFFS-SHBBXX

XX 150~ 1500mm

15:150mm

30:300mm 2015.04.27
50:500mm

A0 1000mm .

A5:1500mn Note: o

Wire Length(L):150~1500mm + @D Important Dimension,

—————————————— Waterprool Rate:IP68.

IPE8:IM Depth Of Water In 24hours.

Housing;PAGG,UL9AV-0,Black,

Female Pin:Copper Alloy,Gold Plated.

Shield;Zinc Alloy,Nickel Plated,

Pane! Nut:Zinc Alloy, Nickel Plated.

O-Ringl: Viton,Black.

O-Ring?2: Viton,Green,

Wire Harness: ULIOIS |6AWG( . 5mm? ).

Rated Voltage: 630V AC,

Rated Current at 40°C: 124

Operation Temperature: -40-85¢.

7 White For Panel Thickness Max 4. 5mm

: i Brown ‘:“ Torqueli-? Kgf.cm(ﬂ‘dég.ggbml. 5

. . Recommended ire harness Tolerance. 150~ = | mm

Flfnr‘:::IVTT:M | Panel Cut-Out Conn. Wire Color 301~1000 +20mm
Pin Out Over 1000 +40mm

13.60 %"

PE |Black
3 Blue
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