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NOTES:

1. WIRE CAPACITY #10 - #6 AWG, SOLID OR STRANDED COPPER WIRE.

2. ALL DIMENSIONS IN INCHES
[mm]
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LIST OF PARTS

DESCRIPTION MATERIAL FIMISH
ELADE HOLDER BAKELITE| BLACK
COMNTACTS BRONMZE

PRESSURE TERMMS, COFPER

PRESSURE SCREWS STEEL |ZiNC PL.

EYELETS

SGROUMND SHUMT

008 BRASS
o3 BrASS 2R ERENT

SUTLET BOX COVER |ALUMIMHLM

#5 SCREW, ROUND HD. (MTG STEEL ZINC PL.

3 |ADDED NOTES 1 & 2; REMOVED JPP 1120005
CAT. NQ. 20418 CALLOUT. REVISED
TITLE: ADDED #5-32 SCREW CALL-
OUT:; COMVERTED ALL DIMS. TO
!DECIMI‘.L & METRIC PER DCN 11802
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SYM REVISIONS APP DATE

SUPERSEDES Dwh DATED & -8-34

TITLE

20A 250VDC 30A 600VAC

4 WIRE HUBBELLOCK INLET

FOR SINGLE GANG BOX

TOLERAMCES UMLESS

HARVEY HUBBELL, INC,

OTHERWISE SPECIFIED

FRACTIONS % 1/64
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