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NOTES:
1, ALL DIMENSIONS IN MM [INI
TERM. NOS. FOR REF [ONLY
. RATING: DC 12V, 50mA
TRAVEL: 0.25%0.1mm
CONTACT RESISTANCE: 100m Ohms Max.
MECHANICAL/ELECTRICAL LIFE: 40,000 CYCLES
PACKAGE: BULK, 1,000 PCS PER BAG
2002/95/EC (ROHS) COMPLIANT
OPERATING FORCE: 130+ 50gf
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