or communication of the contents thereof, are forbidden with-

out express authority. Offenders are liable to the payment of
a patent or the registration of the vtilily model or design.

Copying of this document and giving it lo others and the use
damages. All rights are reserved in the event of the grant of

ca./approx. /0,0

!

//;Q%ph@m©ﬂ

$30,0

B

\:?ffﬂmmaﬁ@"’

Kontakte bitte separat bestellen,
Please order contacts separately.

Polzahl /

No. of contacts R
Anschlufart / crimpen /
Termination crimp
Anschluquerschnitt / 014 -15m?/
Wire qauge ANG 26 - 16
Bemessungsspannung /

Rated insulation voltage Wy
Strombelastbarkeit / 13 A/ +35°C
Current carrying capacity 13A /7 +131°F
Betriebstemperatur / -40°C ... +125°C
Operating temperature -40°F ... +207°F
Schutzart /

Protection Class P65 /1P b/
AnschlieBbare Kabeldurchmesser/

Using cable diameter b= 12,0m
Verriegelung / Rundgewinde /
Locking system round thread

Masse lerrechnet!/Calc WI: g

C_ PrifmaB/Testdimension

Teileindex
Partindexnumber

Lul. Abw./Tolerances:

DIN/150
13715

Mafstab/ Scale 21 A?) %@

CUSTOMER DRAWING

07 |Datum/Date Name

bez. 05.09. [Herrmann

Drawn

bepr. 2

Checked

Kabeldose 600V

Female cable connector
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Amphenol-Tuchel
Electronics GmbH

M COTo 100006 806 12

Blatt/Sheet

1

1 BI.

Index | Anderuna/Description | Datum/Date|Name

Ers. f./Replacement for.
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